THIS DRAWING IS A CONTROLLED DOCUMENT FOR TYCQ ELECTRONICS CORPORATION
IT 15 SUBJECT T¢ CHANGE AND THE CONTROLLING ENGINEERING OQRGANIZATION
SHOULD BE CONTACTED FOR THE LATEST REVISION.
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