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MATL: DIALLYL PHTHALATE PER MIL—M—14F
COLOR: GREEN

—— SOCKET CONTACT (QTY=47)
BODY NAT'L: BERYLLIUM COPPER

HOOD MAT'L: STAINLESS STEEL
BODY FINISH: GOLD PLATED OVER COPPER

D. 120 —f=—= HOOD FINISH: PASSIVATED
2 PLC
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1704+ .015 TYP MAT’L: ALUMINUM ALLOY 6061-T6

FINISH: BLACK ANODIZE

SEALING COMPOUND
MAT’L: ECCOBOND 104

A AMP, DATE CODE AND AMP PART NO. MARKED IN THIS AREA 01055
A THIS SURFACE SHALL HAVE BLACK ANODIZE REMOVED AND SHALL
HAVE A PROTECTIVE SURFACE COATING PER MIL—C—81076, SART NO.
CLASS 1A, FORM IIl. (IRIDITE,ALODINE OR EQUIV.)
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