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10 HA 10 1-0 57 70 81
NBR 60-70 SHORE,1mm THICK
COLOR BLACK,ONE SIDE ADHESIVE

9 HA 16 0-9 74 86 96 EPDM 69,CONDUCTIVE
COLOR BLACK8 HA 10 0-8 57 70 81

7 HA 10 0-7 57 70 81
NBR 60-70�$� SHORE,1mm THICK
COLOR BLACK,BOTH SIDES PLAIN

6 HA 16 0-6 74 86 96 FKM 70�$� SHORE (VITON),-30�$�C TO +200�$�C
3mm THICK,COLOR BLACK5 HA 10 0-5 57 70 81

4 HA 16 0-4 74 86 96 NBR 60-70 SHORE,1mm THICK
COLOR BLACK,BOTH SIDES PLAIN3 HA 10 0-3 57 70 81

2 HA 16 0-2 74 86 96 ZELLKAUTS CHUCK "B",ONE SIDE ADHESIVE
2.5mm THICK,COLOR BLACK1 HA 10 0-1 57 70 81

SI NO TYPE PART NO A B C MATERIAL

n.ISO 8015: 
n.ISO 2768-mH-E:
n.DIN 16901-120

NOTES
 
MATERIAL AND COLOR: SEE TABLE
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