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1-2016698-6 20043
1-2016698-5 46043
1-2016698-4 25043
1-2016698-3 15043
NOTES 1-2016698-2 10043
1. MATERTAL AND PROCESSING MUST MEET REQUIREMENTS OF TEC-138-707 20166981 513
2. UMCC GEN4 MATING HEIGHT AS SHOW, NO MORE THAN 1.40MM
3. PRODUCT RATING: . . 1-2016698-0 4543
TEMPERATURE -45°C TO +85°C 2016698-9 10205
VOLTAGE : 30V (RMS)
CHARACTERISTIC IMPEDANCE: 50 OHMS Normal 2016698-8 | 9205
FREQUENCY RANGE: DC TO 9GHz 20166987 120+5
BEND RADIUS: SMM M TN 2016698-6 620-+3
4. CABLE ASSEMBLY TO BE 100% OPEN & SHORT TESTED 20166985 50013
5. UMCC GEN4 CAN MATE WITH T-PEX MHFAL AND HIROSE W.FL SERTES
2016698-4 472043
2016698-3 32043
2016698-7 22043
20166981 12043
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