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S SHEET 1
0P COVER 20 DESICCATING AGENTS
Al LEAST NOTES:

1. MATERIAL:

1.7 TRAY: PVC.

1.2 0P COVER: PVC.

1.5 BAG: PEI.
i 1.4 BOX: CORRUGATED FIBER.
2. DIMENSION: S DRAWING
5. QUANTITY: S TABLE
4. WEIGHT: S TABLE
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“RWISE SPECIFIER" NAME
MODULAR JACK CONNECTOR
RJT11, 1X2, TAB UP, SIDE ENIRY
LOW PROFILE, DIP TYPE, H=12.88mm
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