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TYPE
SIZE

(Inch)
POWER
(W)

RESISTANCE 
RANGE 
(m�^�)

L W T D1 D2

TLM2H 2010 3/4
10 - 18 5.00±0.20 2.50±0.20 0.68±0.15 0.60±0.30 0.60±0.30

19 - 100 5.00±0.20 2.50±0.20 0.62±0.15 0.60±0.30 0.60±0.30

RESISTANCE 
RANGE (m�^�)

A
(mm)

B
(mm)

C
(mm)

10 - 18 1.70 2.35 2.50

19 - 100 2.80 1.80 2.50

FOR FURTHER INFORMATION SEE DATA SHEET FOR CURRENT 
SENSING METAL CHIP RESISTOR - TYPE TLM SERIES
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SCHEDULE

TCPN CATALOGUE NUMBER PART DESCRIPTION PART STATUS

2176157-1 TLM2HER01JTE TLM 2010 0.75W R01 5% 100PPM 4K RL PRODUCTION

2176157-2 TLM2HER012JTE TLM 2010 0.75W R012 5% 100PPM 4K RL PRODUCTION

2176157-3 TLM2HER015JTE TLM 2010 0.75W R015 5% 100PPM 4K RL PRODUCTION

2176157-4 TLM2HER018JTE TLM 2010 0.75W R018 5% 100PPM 4K RL PRODUCTION

2176157-5 TLM2HER022JTE TLM 2010 0.75W R022 5% 100PPM 4K RL PRODUCTION

2176157-6 TLM2HER027JTE TLM 2010 0.75W R027 5% 100PPM 4K RL PRODUCTION

2176157-7 TLM2HER033JTE TLM 2010 0.75W R033 5% 100PPM 4K RL PRODUCTION

2176157-8 TLM2HER039JTE TLM 2010 0.75W R039 5% 100PPM 4K RL PRODUCTION

2176157-9 TLM2HER047JTE TLM 2010 0.75W R047 5% 100PPM 4K RL PRODUCTION

1-2176157-0 TLM2HER056JTE TLM 2010 0.75W R056 5% 100PPM 4K RL PRODUCTION

1-2176157-1 TLM2HER068JTE TLM 2010 0.75W R068 5% 100PPM 4K RL PRODUCTION

1-2176157-2 TLM2HER082JTE TLM 2010 0.75W R082 5% 100PPM 4K RL PRODUCTION

1-2176157-3 TLM2HER10JTE TLM 2010 0.75W R10 5% 100PPM 4K RL PRODUCTION

1-2176157-4 TLM2HER01FTE TLM 2010 0.75W R01 1% 100PPM 4K RL PRODUCTION

1-2176157-5 TLM2HER011FTE TLM 2010 0.75W R011 1% 100PPM 4K RL PRODUCTION

1-2176157-6 TLM2HER012FTE TLM 2010 0.75W R012 1% 100PPM 4K RL PRODUCTION

1-2176157-7 TLM2HER013FTE TLM 2010 0.75W R013 1% 100PPM 4K RL PRODUCTION

1-2176157-8 TLM2HER015FTE TLM 2010 0.75W R015 1% 100PPM 4K RL PRODUCTION

1-2176157-9 TLM2HER016FTE TLM 2010 0.75W R016 1% 100PPM 4K RL PRODUCTION

2-2176157-0 TLM2HER018FTE TLM 2010 0.75W R018 1% 100PPM 4K RL PRODUCTION

2-2176157-1 TLM2HDR020FTE TLM 2010 0.75W R020 1% 50PPM 4K RL PRODUCTION

2-2176157-2 TLM2HDR022FTE TLM 2010 0.75W R022 1% 50PPM 4K RL PRODUCTION

2-2176157-3 TLM2HDR024FTE TLM 2010 0.75W R024 1% 50PPM 4K RL PRODUCTION

2-2176157-4 TLM2HDR027FTE TLM 2010 0.75W R027 1% 50PPM 4K RL PRODUCTION

2-2176157-5 TLM2HDR030FTE TLM 2010 0.75W R030 1% 50PPM 4K RL PRODUCTION

2-2176157-6 TLM2HDR033FTE TLM 2010 0.75W R033 1% 50PPM 4K RL PRODUCTION

2-2176157-7 TLM2HDR036FTE TLM 2010 0.75W R036 1% 50PPM 4K RL PRODUCTION

2-2176157-8 TLM2HDR039FTE TLM 2010 0.75W R039 1% 50PPM 4K RL PRODUCTION

2-2176157-9 TLM2HDR043FTE TLM 2010 0.75W R043 1% 50PPM 4K RL PRODUCTION

3-2176157-0 TLM2HDR047FTE TLM 2010 0.75W R047 1% 50PPM 4K RL PRODUCTION

3-2176157-1 TLM2HDR051FTE TLM 2010 0.75W R051 1% 50PPM 4K RL PRODUCTION

3-2176157-2 TLM2HDR056FTE TLM 2010 0.75W R056 1% 50PPM 4K RL PRODUCTION

3-2176157-3 TLM2HDR062FTE TLM 2010 0.75W R062 1% 50PPM 4K RL PRODUCTION

3-2176157-4 TLM2HDR068FTE TLM 2010 0.75W R068 1% 50PPM 4K RL PRODUCTION

3-2176157-5 TLM2HDR075FTE TLM 2010 0.75W R075 1% 50PPM 4K RL PRODUCTION

3-2176157-6 TLM2HDR082FTE TLM 2010 0.75W R082 1% 50PPM 4K RL PRODUCTION

3-2176157-7 TLM2HDR091FTE TLM 2010 0.75W R091 1% 50PPM 4K RL PRODUCTION

3-2176157-8 TLM2HDR10FTE TLM 2010 0.75W R10 1% 50PPM 4K RL PRODUCTION
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