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ID30 CERAMIC INSULATING DISK

ELECTRICAL CHARACTERISTICS  
 
RATED POWER @25 C°                  250 W 
MAXIMUM  POWER                      280 W  
RESISTANCE VALUE                     2,5 �^�
TOLERANCE                            ± 5% 
ADIABATIC ENERGY                     15KJ
MAXIMUM SURFACE TEMPERATURE          450°C 
LIMITING ELEMENT VOLTAGE              1000 V 
INSULATION RESISTANCE @ 2500Vdc       > 1.000 M�^�
DIELECTRIC STRENGTH @ 50Hz x 1'       4500 Vrms

RoHS Compliant
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