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CENTER CAVITY BLOCKED

ZZEL MATERTAL: SILICONE RUBBER, INHERENTLY LUBRICATED

COLOR: BLUE

2. FOR USE WITH 26 TO 22 AWG WIRE,

3. MATING CONNECTOR P/N'S:

CAP HSG -
PLUG HSG -

ZZEL NOTE DELETED

INSULATION DIAMETER 1.30-1.60mm
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