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NOTES:

I SUPPLY CONDITION: LEVER IN END-LOCKING POSITION.
1?& CODING INDICATION

3. ALL PLASTIC PARTS USE VO FIRE RETARDANT MATERTAL
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4. SHIELDING PARTS ARE TIN PLATING

5. APPLICATION TEMPERATURE -40°C-125°C
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REVISIONS
p LTR DESCRIPTION DATE DWN APVD
A RELEASED 18SEP1T JL Iy
-1 AS SHOWN
1 1 d 1 d 1 1 CPA ADAPTER PA6O-GF GRAY 10
1 1 d 1 d 1 1 SHIELDING SLEEVE,90 DEG Cu-ALLOY TIN PLATED 9
1 1 d 1 d 1 1 INSULATION INSERT,90 DEG PA66-GF GRAY 8
1 1 d 1 d 1 1 SHIELD ING Cu-ALLOY TIN PLATED 7
1 1 ] 1 ] 1 1 INSULATION INSERT PAGO-GF GRAY O
1 1 ] 1 ] 1 1 CPA PAGO-OF RED 5
- f - - d - - LEVER,90DEG PA6O-GF WHITE b
- - d - - f - LEVER,90DEG PA6E-GF RED b
1 - - 1 - - 1 LEVER,900EG PA6O-GF BLACK b
1 1 d 1 d 1 1 MCON-1.2 ,RECEPTACLE HSG, ASSY - - 3
1 1 d 1 d 1 1 RADIAL SEAL MVQ NATURAL 7
1 - - - - - - P7P 1P PLUG HSG 900EG, CODE A PA6O-GF GRAY 1
- 1 - - - - - P?P 1P PLUG HSG 90DEG, CODE F PA6O-GF ORANGE 1
- - d - - - - P?P 1P PLUG HSG 90DEG, CODE E PA6O-GF ORANGE 1
- - - 1 - - - P7P 1P PLUG HSG 90DEG, CODE D PA6O-GF ORANGE 1
- - - - d - - P?P 1P PLUG HSG 90DEG, CODE C PA6O-GF ORANGE 1
- - - - - 1 - P?P 1P PLUG HSG 90DEG, CODE B PA6O-GF ORANGE 1
- - - - - - 1 P7P 1P PLUG HSG 900EG, CODE A PA6O-GF ORANGE 1
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