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1. Finish: Interface clip - 0.75um min Thk Gold over 2.5um Nickel;
   Body - 0.125um min Thk Gold over 2.5um Nickel
2. Material: Interface clip - Beryillium Copper,
   Body - Brass
3. Wire Range: #18awg
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