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 1. 638849-7 SHOWN.

 PLUG HOUSING: NYLON 6/6, 35% GLASS FILLED, 25% MAX REGRIND.
    COLOR: SEE TABLE.
    COVER: NYLON 6/6, 35% GLASS FILLED, BLACK, 25% MAX REGRIND.
    TPA: NYLON 6/6, 35% GLASS FILLED, RED, 25% MAX REGRIND.
    PERIPHERAL SEAL AND WIRE SEAL: SILICONE RUBBER, LIGHT BLUE.
    CPA: PBT, 15% GLASS FILLED, RED

 TPA SHOWN IN PRE-LATCHED POSITION.

 MARK FOUR DIGIT JULIAN DATE CODE (DDDY), LOCATED APPROXIMATELY
    IN AREA SHOWN.

 5. TERMINALS SOLD SEPARATELY, SEE AMP RECOMMENDED P/N 1326028 (GOLD) 
    OR 638551 (TIN) FOR TERMINATION AND REELING OPTIONS.

    OBSOLETE PART NUMBER.
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KEY CODE "A"
(APPLIES TO -1, -7, 2--1, 2--2, 2--3, 2--4, 2--5, 2--6, 2--7, 2--8,
2--9, 3--0, 3--1, 3--2, 3--3, 3--4, 3--5, 3--6, 3--7, 3--8, 3--9

4--0, 4--1, 4--2, 4--3, 4--4, 4--5, 4--6 AND 4--7)
SCALE  4:1

KEY CODE "B"
(APPLIES TO -2 AND -8 ONLY)

SCALE  4:1

KEY CODE "C"
(APPLIES TO -3 AND -9 ONLY)

SCALE  4:1

KEY CODE "D"
(APPLIES TO -4 AND 1--0 ONLY)

SCALE  4:1

KEY CODE "E"
(APPLIES TO -5 AND 1--1 ONLY)

SCALE  4:1

KEY CODE "F"
(APPLIES TO -6 AND 1--2 ONLY)

SCALE  4:1
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BLANK CAVITIES INDICATE OPEN TERMINAL HOLE POSITIONS

CAVITIES WITH A NUMERIC SYMBOL INDICATE CLOSED TERMINAL HOLE POSITIONS

PLUG
KEYING OPTION

ASSEMBLY
PART NUMBERTERMINAL HOLE POSITION
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