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POS-NO. Description
1 Ring connector half (Al-alloy)
2 Steel hexagon nut DIN 934, M8

3 Bolt with socket head M8x50 (steel, SW6) 
4 Washer (M8, steel)
5 Insulation part PA6.6
6 Side wedges (PA 6.6)
7 Teeth elment (brass, tin-plated)
8 Grub screw for branch conductor with SW5 (steel)

0,57kg
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C-HEL-6878

1

HEL-6878, RPN: C32903-000
 

Cable ring connector
MAIN: 4X150 SM/RM + 185SE

BRANCH: 6-70
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