If this document is printed it becomes uncontrolled.
Check with document control for latest revision.

3 2

ADAPTER, FRONT
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‘H’ REF

ADAPTER, FRONT

SIZE ﬁ.ngA H Vi

*800 | REF | NPT-FEMALE
ANPT | 406 1.80 3/8-18 NPT
B/NPT 515 1.80 1/2-14 NPT
C/NPT 640 1.80 3/4-14 NPT
o/NPT | 750 2.08 3/4-14 NPT
E/NPT 812 2.08 1-11 1/2 NPT
F/NPT 843 2.08 1-11 1/2 NPT
G/NPT | 853 2.08 111 1/2 NPT
u/NeT | 1062 | 240 |1 1/4-11 1/2 NPT
K/NPT | 1172 | 240 [11/4-11 1/2 NPT
LNPT | 1265 | 240 [1 1/4=11 1/2 NPT
M/NPT | 1406 | 240 |1 1/2-11 1/2 NPT
N/NPT | 1515 | 240 |1 1/2-11 1/2 NPT
P/NPT | 1625 | 262 2-11 1/2 NPT
R/NPT | 1750 | 2.62 2-11 1/2 NPT
S/NPT | 1875 | 262 2-11 1/2 NPT
/NPT | 2082 | 300 2 1/2-8 NPT
V/NPT | 2187 | 3.00 2 1/2-8 NPT
W/NPT | 2312 | 3.25 2 1/2-8 NPT
X/NPT | 2500 | 325 3-8 NPT

NOTES:

1.

FOLLOWER

SPRINGS

REAR BODY

FOLLOWER
size | %o G008 v
—1000 | ~1030
ANPT | 408 800 250
B/NPT | 515 870 250
c/NPT | 640 990 1250
o/NPT | 750 | 1280 375
E/NPT 812 1.343 375
F/NeT [ 843 | 1406 | 375
G/NPT | 853 1531 375
y/ner [ 1os2 | 1883 | a7s
WNPT | 1a72 | 1718 [ 378
/NPT [ 1265 | 1843 375
MNPT | 1406 | 1988 | 375
N/NPT | 1515 | 2003 [ 375
P/NPT | 1625 | 2158 375
R/NPT | 1750 | 2408 | 437
s/NPT | 1875 | 2593 | 437
/NPT | 2082 | 2740 437
VNPT | 2187 | 2908 | 437
w/NPT [ 2312 [ 2990 [ 437
X/NPT | 2500 | 3158 437
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‘T" REF.
REAR BODY
size | 4o DC‘A ‘R REF
—.000
A/NPT 406 1.100 550 1.40
B/NPT | 515 | 1100 550 1.40
C/NPT 640 1.100 550 1.40
D/NPT 750 1512 796 189
E/NPT 812 1.512 796 1.89
F/NPT 843 1.512 796 1.89
G/NPT 953 1512 796 189
J/NeT | 1oz | 1s12 796 1.89
K/NPT 1.172 2.210 1.093 2.20
L/NPT 1.265 2210 1.083 2.20
WNPT | 1406 | 2210 | 1003 | 220
N/NPT 1.515 2.210 1.093 2.20
P/NPT 1.625 3572 1.625 272
R/NPT | 1750 | 3572 | 1625 | 278
S/NPT 1.875 3.572 1.625 2.78
T/NPT | 2.062 3572 1.625 278
VNPT | 2a87 | 3s72 | 1625 | 278
W/NPT 2.312 3.572 1.625 2.78
X/NPT | 2500 3572 1.625 278

CABLE SHIELD GROUNDING ADAPTERS PROVIDE 360" GROUNDING TO OVERALL SHIELDED CABLES.

THESE ARE FOR USED AT THE ENTRANCE TO STUFFING TUBES AND THREADED PIPE. THEY ARE

AVAILABLE

IN A VARIETY OF SIZES TO FIT VARIOUS THREADED ASSEMBLIES.

SPRING DETAIL

‘0D’ REF

SPRINGS

SPRING| ‘ID’ | ‘0D’
SIZE | £.045 REF
A 437 .780
5 s | 8w
C 656 1.000
> BERED
£ | se | o
F 875 1.405
G sse | 1515
v [ oss | tem
K 1.203 1.735
T [ e | rem
W | raw | 1em0
N 1.546 2.075
P | 1ess | zies
R_| 17m | 2w
S 1.906 2.565
T | zoes | 27ss
V| zze | zseo
w 2.343 3.000
x| zs% | saw0
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