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T1950240225-000 H24BPR-SGRH-2TM25

H24BPR HOUSING,DIAGONAL LOCKING,
SURFACE MOUNTED,BOTTOM ENTRY 2M25,
POWDER COATED,BLACK
H24BPR  ,    ,    ,  2M25,      

M25

T1950240232-000 H24BPR-SGRH-2TM32

H24BPR HOUSING,DIAGONAL LOCKING,
SURFACE MOUNTED,BOTTOM ENTRY 2M32,
POWDER COATED,BLACK
H24BPR  ,    ,    ,  2M32,      

M32

T1950240240-000 H24BPR-SGRH-2TM40

H24BPR HOUSING,DIAGONAL LOCKING,
SURFACE MOUNTED,BOTTOM ENTRY 2M40,
POWDER COATED,BLACK
H24BPR  ,    ,    ,  2M40,      

M40

PART NUMBER
   

PART DESCRIPTION
   

2X PG/M THREAD
2X PG/M    

PANEL CUT OUT
        

NOTES:
1. TECHNICAL CHARACTERISTICS:
   HOOD MATERIAL: ALUMINIUM ALLOY
   SURFACE: POWDER COATED, BLACK
   DEGREE OF PROTECTION: IP68 (MATED)
 
  :
1.     :
       :    
       :       
       : IP68(  )
 

2X PG/M THREAD
2X PG/M    

4X M4
THREAD

2X M6
NUT
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T1950240325-000 H24BPR-SGRH-3TM25

H24BPR HOUSING,DIAGONAL LOCKING,
SURFACE MOUNTED,BOTTOM ENTRY 3M25,
POWDER COATED,BLACK
H24BPR  ,    ,    ,  3M25,      

M25

T1950240332-000 H24BPR-SGRH-3TM32

H24BPR HOUSING,DIAGONAL LOCKING,
SURFACE MOUNTED,BOTTOM ENTRY 3M32,
POWDER COATED,BLACK
H24BPR  ,    ,    ,  3M32,      

M32

PART NUMBER
   

PART DESCRIPTION
   

3X PG/M THREAD
3X PG/M    

PANEL CUT OUT
        

NOTES:
 
SEE SHEET 1

4X M4
THREAD

2X M6
NUT

3X PG/M THREAD
3X PG/M    
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T1950240150-000 H24BPR-SGRH-TM50

H24BPR HOUSING,DIAGONAL LOCKING,
SURFACE MOUNTED,BOTTOM ENTRY M50,
POWDER COATED,BLACK
H24BPR  ,    ,    ,  M50,      

M50

PART NUMBER
   

PART DESCRIPTION
   

1X PG/M THREAD
1 X PG/M    

NOTES:
 
SEE SHEET 1

SECTION  B-B
SCALE  2:3

4X M4
THREAD 2X M6

NUT

1X PG/M THREAD
1X PG/M    
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