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MATERIAL DESCRIPTION Q'TY

NOTES
1. GENERAL TOLERANCE : �#�0.5, �#�3�$�
2. CONDITION OF DELIVERY : DBL PLATE IN OPEN POSITION.
3. APPLICABLE CONTACT P/N : 963774
4. APPLICABLE SINGLE WIRE SEAL P/N : 1355437-2(COLOR : BLUE)
   INSULATION DIAMETER : 5.8~6.6mm
5. APPLICABLE PLUG ASS'Y P/N : 1743793
6. INSERTION FORCE BETWEEN CONTACT AND HSG : MAX 7.5Kgf
7. TE LOGO 

3rd ANGLE PROJECTION
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