FUSE: Smm X 20mm (2X)

CATALOG #1EHG1-2
SAFETY ORGANIZATIONS RELIABILITY SPECIFICATIONS: ECN 7T APPRVD. | DATE
THIS FILTER HAS BEEN FORMALLY RECOGNIZED, CERTIFIED OR APPROVED STORAGE TEMPERATLRE: -40°C 10 +85°C  [0B3(-0447-03) KA} [250CTO3
BY THE LISTED AGENCY. THEREFORE, ALL TEST/REDLIREMENTS SPECIFIED HUMIDITY: 21 DAYS @ 40°C 85% RH.
IN THE LATEST REVISION OF THE FOLLOWING AGENCY STANDARDS CURRENT OVERLOAD TEST: 6 TIMES Ip FIR
HAVE BEEN MET: 8 SECONDS
L RECOGNIZED: LL 1283 TEST SPECIFICATIONS:
CSA CERTIFIED: CSA 22.2, # 8 INDUCTANCE: 10.0 mH NOMINAL
VDE APPROVED: ENI33 200 CAPACITANCE: (MEASLIRED @ IKTZ, 0.250YAC MAX., 25°C+(°C)
OPERATING SPECIFICATIONS e o
LINE CURRENT/VOLTAGE: | AMP/40°C, 120,250 VAC Eﬁﬂf‘gﬁffﬂgm’ E
NO DISCHARGE RESISTOR:  6000MA~ ¢MIN.) @ fooyoc,
LINE FREGLENCY: 50-60Hz 20°C AND 507 RH
MAI)E(}\?H-NLliﬁéK#gE CLRRENT, O RECOMMENDED RECEIVING INSPECTION HIPOT:
GRILND: o z LINE TO GROUND: {500VAC DR 2250VDC FIR { MINUTE
5.0 1A @ 250 50Hz LI“E 0 LINEr:{ 14503[[ FIR | M¥N.ITE N
CPERATING AMBIENT TEMP. RANGE: -(0°C 10 +40°C @ RATED CLRRENT, Ip. FILTER APPROVAL :
IN AN AMBIENT, To, HIGHER THAN 40°C, THE MAXIMUM OPERATING THE BEST WAY 70 SELECT AND GUALIFY A FILTER IS FOR
CLRRENT, 1. 1S AS FILLOS: Io=1, 100 - Tq IR EMEIR’EERING n TESTN%HEUIJINITYIN VIR EGUIPVENT.
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