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All dimensions in mm [Inches]

TE PN: A47961-000

OUTSIDE WOUND

LABEL ACROSS: 2
PER ROLL QTY: 5000

TOLERANCES rmm [INCH]

LABEL HEIGHT: | 0.3 [.012]

THIS DRAWING IS A CONTROLLED DOCUMENT.

LABEL WIDTH: | 0.3 [.012]

WEB WIDTH: | £0.8 [.031]

DIMENSIONS:

mm [INCHES]

TOLERANCES UNLESS
HERWISE SPECIFIER?

VERTICAL REPFAT: | 0.8 [.031}

HORIZONTAL REPEAT:| 0.8 [031}

PRINT POSITIONING: | *0.8 [.031}

MATERIAL CLEAR POLYESTER
ADHESIVE TYPE | PERMANENT ACRYLIC
LINER GLASSINE PAPER
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MIKE NUTTALL

MIKE NUTTALL

PRODUCT SPEC

1TDS—-083

APPLICATION SPEC

CP=381127-5-X

LEFT MARGIN: | 0.4 [.016]

QUANTITY: 0%4+2 %
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