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9  ALTERNATE PIN SPACER DESIGN RELATED TO MOLDING TOOL.
 
8  MOUNTING SURFACE SPECIFICATIONS:
   SURFACE FINISH: 32 µin [0.81 µm] Ra OR LESS
   FLATNESS: .005 in/in [0.13 mm/mm] MAX
 
7. SEE SHEET 2 FOR RECOMMENDED PANEL CUTOUTS.
 
6. SEE SHEET 3 FOR OTHER KEY ARRANGEMENTS.
 
5. MOUNTING SCREW TORQUE VALUES ARE AS FOLLOWS:
      #6-19 SCREWS: 11-15 in LB [1.24-1.70 N-m].
      #4-20 SCREWS: 6-10 in LB [.68-1.13 N-m].
      VALUES VALID FOR PLASTITE 48 SCREWS ONLY.
 
4. RECOMMENDED MOUNTING SCREWS (NOT INCLUDED): CAMCAR PLASTITE 48, SINGLE HELIX.
 
3. THIS RECEPTACLE MATES WITH DT06-12SX PLUG (X = A,B,C,D KEYS, XXXX = ALL MODIFICATIONS).
 
2. CONTACT PLATING - (G003) - MATING SIDE: GOLD; PCB:TIN
 
1  MATERIALS:
   HOUSING & PIN ALIGNMENT PLATE: PA46 GF30 (SEE SHEET 3 FOR COLORS)
   FLANGE SEAL: VMQ (RED-ORANGE)
   PIN CONTACTS: COPPER ALLOY  
  
 
NOTES:

HOUSING

FLANGE SEAL
1013-006-1206

PIN 1

6X
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4X
4X

4X

2X

PIN 1

PIN SPACER

SNAP IN PLACE
PIN SPACER

WELDED
PIN SPACER
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RECOMMENDED PANEL CUTOUTS

3D VIEW

7 DIGIT DATECODE
YEAR: FIRST AND SECOND DIGITS. (16 = 2016)
 MONTH: THRID DIGIT, EXCLUDING I. A = JAN.,

 B = FEB., C = MARCH.... (L = NOVEMBER)
 DAY: FOURTH AND FIFTH DIGITS (10 = 10th DAY)
 HOUR: SIXTH AND SEVENTH DIGITS (14 = 2-3PM)
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KEYING ARRANGEMENT
INDICATOR, TYP
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