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TECHNICAL CHARACTERISTICS:

INSULATION MATERTAL:
RATED VOLTAGE: 500V
RATED CURRENT: [6A

PC

INSULATION RESISTANCE: >=400MQ)
RATED IMPULSE VOLTAGE: 6KV
POLLUTION DEGREE: 3
FLAMMABILITY: UL94V-0

MATING CYCLES: 500 CYCLES

WIRE RANGE:
CONTACT TYPE:
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