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VMD24493RSM-610MOA3
SIZE

TITLE:

09-08-11 VMD24493RSM-610

MATERIAL:

FINISH:

eulaVretemaraP
Model Number VMD24493RSM-610
Frequency 2.4 - 2.5 GHz & 4.9 GHz - 5.875 GHz

3niaG  dBi Peak
lacitreVnoitaziraloP

inmOnrettaP  Directional
Nominal Impedance 50 Ω

<RWSV  2:1
Power 05gnildnah  W

,042RMLelbaC  20 ft (6 meters)
Connector SMA Crimp Type, Reverse Polarity

yletamixorppAthgieW  0.61 kg
,CPemodaR  Black

Operating Temperature -35° to +80° C
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