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   FINISHES:
       CONTACTS MATING ZONE: GOLD PLATE, 0.76µm MIN THK
                             OVER NICKEL 1.27µm MIN THK.
               SOLDER TAILS: TIN PLATED, 1.27µm MIN THK.
                             OVER NICKEL 1.27µm MIN THK.

 OPTIONAL MOUNTING SCREWS (�n�2.0mm x 5.0mm DP) FOR USE WITH SELF TAPPING
    SCREWS (CUSTOMER SUPPLIED).

 POSITIONS 1-4 NOT POPULATED AND RESERVED FOR FUTURE USE.

 ITEMS PROVIDED TO THIS SPECIFICATION TO BE PERMANENTLY
    INDENTIFIED PER THE FOLLOWING IDENTIFIER LABEL:
                                     YEAR          WEEK

          PART NO             DATE CODE (EG 0125)

XXXXXXX-X              XXXX

 6. GENERAL INFORMATION:

 |  PART NO     | SIZE NO | CONTACT QTY | MATING PIN DIA 

|
|
  1766501-1   

|
|
   16    
   22    

|
|

8
22

|
|

 MANUFACTURING TOLERANCE FOR:

    �n�1.60
+0.09
-0.06

 FINISHED HOLE WITH Sn PLATING:

    DRILLED HOLE = �n�1.75±0.025
    COPPER PLATING = 0.025 MIN
    Sn PLATING = 0.008 MIN

    �n�1.00      FINISHED HOLE WITH Sn PLATING:

    DRILLED HOLE = �n�1.15±0.025
    COPPER PLATING = 0.025 MIN
    Sn PLATING = 0.008 MIN

 DATUMS AND BASIC DIMENSIONS TO BE ESTABLISHED BY CUSTOMER.

     FINISHES:
       CONTACTS MATING ZONE:     GOLD PLATE, 0.76µm MIN THK
                                 OVER NICKEL 1.27µm MIN THK.
               SOLDER TAILS: TIN-LEAD PLATED, 1.27µm MIN THK.
                                 OVER NICKEL 1.27µm MIN THK.

 CONTACT AREA LUBRICATED WITH BELLCORE 
       APPROVED LUBRICANT. TECHNICAL REFERANCE: 
       GR-1217-COR, ISSUE1, NOVEMBER 1995

 PRELIMINARY PART NUMBERS NOT RELEASED FOR PRODUCTION

+0.09
-0.06

   MATERIALS:     
      INSULATORS: THERMOPLASTIC, GLASS
        REINFORCED, COLOR-GRAY, UL94V-O
        FLAMMABILITY RATED.
      SIGNAL PINS:COPPER ALLOY.
      POWER CONTACTS: HIGH CONDUCTIVITY
        COPPER ALLOY.

+0.09
-0.06

FINISHES:
       CONTACTS MATING ZONE: GOLD PLATE, 1.27µm MIN THK
                             OVER NICKEL 1.27µm MIN THK.
               SOLDER TAILS: TIN PLATED, 1.27µm MIN THK.
                             OVER NICKEL 1.27µm MIN THK.
FINISHES:
       CONTACTS MATING ZONE: GOLD PLATE, 1.27µm MIN THK
                             OVER NICKEL 1.27µm MIN THK.
               SOLDER TAILS: TIN-LEAD PLATED, 1.27µm MIN THK.
                             OVER NICKEL 1.27µm MIN THK.

PCB LAYOUT
VIEWED FROM CONNECTOR SIDE

SCALE  7:2

TOP OF DAUGHTERCARD
(CONNECTOR SIDE)
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