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RECEPTACLE ASSY,SIZE 2,ARINC 600
(150/150/11Q2)
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A RELEASED PER ECO 10-017541 8-25-10 CT KT

B REVISED PER ECO-17-018523 19JAN2018 PHM CT

TYP.360
9.14[ ]

TYP

2.130
54.1[ ]

.110
2.79[ ]

6.350 .010
161.29 0.25[ ]

2 PLC

.650
16.51[ ]

3 PLC

1.426
36.22[ ]

.060
1.52[ ]

.125
3.18[ ]

.455
11.56[ ]

6.617 .010
168.07 0.25[ ]

6.960 .015
176.78 0.38[ ]

.186 .002
4.72 0.05[ ]

.825
20.96[ ]

.825
20.96[ ]

3.225
81.92[ ]

SQUARE; TYP

.186 .002
4.72 0.05[ ]

1.800 .010
45.72 0.25[ ]

REF

4 PLC

.148
3.76[ ]

.250 MIN
150 PLC

1.221 MAX
2 PLC

1.317 MAX

"50"

MODULE A 
Tyco P/N 211431-4 (SIZE 22 POSTED SOCKET CONTACT; QTY=150)

 
MODULE B
NONE
 

MODULE C
Tyco P/N 1663767-6 (SIZE 20 FILLER PLUG; QTY=2)
Tyco P/N 1663767-7 (SIZE 16 FILLER PLUG; QTY=3)
Tyco P/N 1663767-8 (SIZE 12 FILLER PLUG; QTY=4)

NO FILLER PLUGS IN CAVITY: 1, 4, 12 & 13

2101947-1

KEYING
POSITION

CONTACTS AND FILLER PLUGS
INCLUDED AND INSTALLED

   PART
  NUMBER

COMPONENT MATERIAL FINISH

SHELL AND
RETENTION PLATES

ALUMINUM ALLOY
PER ASTM-B-85

CHROMATE CONVERSION
 PER MIL-C-5541, 
TYPE II, CLASS 3.

150 POSN. & 11Q2
INSERT ASSY

THERMOPLASTIC
OR THERMOSET

---

KEYWAY RETAINER
PLATE

ALUMINUM ALLOY
BLUE ANODIZED
PER MIL-A-8625

POLARIZATION KEYWAY
3 PLC

ZINC ALLOY
PER ASTM-B-86

---

CLINCH NUT
6 PLC

STEEL
ZINC PLATED WITH
YELLOW TRIVALENT

CHROMATE

FLAT HEAD
SCREWS

STEEL OR 
STAINLESS STEEL

 STAINLESS STEEL
OR PASSIVATED

 1. CONNECTOR MEETS ARINC 600 SPECIFICATIONS
 
 2. CONNECTOR IS SUPPLIED WITH CONTACTS AND FILLER PLUGS (PER TABLE).
 
 3. CONNECTOR IS SUPPLIED WITH A DUST COVER INSTALLED FOR SHIPPING.
 
 4. CONNECTOR IS SUPPLIED WITH KEYING ASSEMBLED PER TABLE.

11Q2 INSERT ASSY

150 POSITION INSERT
FRONT RELEASE/REMOVE
2 PLC

DATE CODE

KEYWAY; 3 PLC

POLARIZATION
RETENTION PLATE

#6-32 CLINCH NUT
6 PLC

DUST COVER
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