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B 1 ATTENUATION < 0.5 dB, MEASURED AT 13500 nm .
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FOR LENGTHS < 60 cm SHORTER SLIT LENGTHS APPLY L L .
ADDITIONAL ATTENUATION FOR LONG LEADS L FOCAB 1.8MZ 62.5/125, GREY LSZH 7
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